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Advanced Controller SIMATIC S7-1500

Our fastest controller for automation

With the SIMATIC S7-1500 controller, you can rely on maximum performance and built-in future-proofing. The modular controller enables you to implement the most 
demanding machine concepts and reliably accompanies you on your way through digital transformation.

SIMATIC S7-1500 wird modular aufgebaut und ist in ihrer Funktionalität skalierbar. Es sind verschiedene Zentralbaugruppen (CPU-Ausprägungen) in jeweils mehreren 
Leistungsklassen erhältlich. Als Schnittstellen zur Maschine oder Anlage stehen unterschiedlichste Signalbaugruppen für Ein- und Ausgabe sowie Technologiebaugruppen 
für spezielle technologische Funktionen wie z. B. Zählen und Kommunikationsbaugruppen zentral bzw. dezentral zur Verfügung. Das SIMATIC S7-1500- System ist für die 
Schutzart IP20 zugelassen und für den Einbau in einen Schaltschrank vorgesehen.

https://www.siemens.com/s7-1500

System overview

Efficient engineering

• TIA Portal-engineering ermöglicht den vollständigen Zugriff auf die gesamte digitalisierte Automatisierung: digitale Planung, integriertes Engineering, transparenter 

Betrieb. Standardisierte Bibliotheken und Diagnose- und Energiemanagement-Funktionen erhöhen die Produktivität, Simulations-Optionspakete verkürzen Time-to-

Market und die Anbindung an die Managementebene bietet mehr Transparenz für Optimierungen.

Functional design

• SIMATIC S7-1500 bieten einfachste Handhabung und größtmögliche Benutzerfreundlichkeit in vielen neuen Details: integrierte Potenzialbrücken, werkzeuglos 

montierbare Schirmelemente, einheitliche Frontstecker mit Typcodierung, ergonomische Klemmenbeschriftung, rastende Frontklappe. Einfache Erweiterbarkeit, 

individuelle Zusammenstellbarkeit und Aufwärtskompatibilität bieten höchste Kosteneffizienz und Investitionssicherheit.

Highest performance

• Höchste Performance und Produktivität in Ihrem Fertigungsprozess erzielen Sie mit SIMATIC S7-1500 durch den schnellen Rückwandbus mit PROFINET-

Performance, kürzesten Reaktionszeiten und einer Befehlsverarbeitungszeit von bis zu 1 ns in der CPU. Die Kommunikation auf einem eigenen Kern entlastet die 

zyklischen Programmteile und sorgt durch geringere Zyklusschwankungen für bessere Ergebnisse. Die PROFINET-Anbindung mit deterministischem Zeitverhalten 

sorgt für Reproduzierbarkeit und Präzision im µs-Bereich - insbesondere bei Motion Control Anwendungen.

Integrated system diagnostics

• Die integrierte Diagnosefunktionalität ermöglicht durch ein einheitliches Anzeigenkonzept, dass Fehlermeldungen im TIA Portal, auf dem HMI, im Webserver und im 

Display der CPU identisch als Klartextinformationen visualisiert werden. Zusätzliche werden IO-Fehler kanalgranular direkt auf der Baugruppe §uber LED signalisiert. 

Die Projektierung und die Meldewege der Diagnose sind benutzerfreundlich in das System integriert. Die Trace-Funktion wird auf allen CPUs unterstützt - eine 

Langzeitaufzeichnung von bis zu 64 Signalen mit externem Rechner ist ebenfalls möglich.

Safety Integrated

• One system for standard and fail-safe applications: one controller, one communication and one engineering for standard and fail-safe automation. Safety Integrated 

stands for simple connection of PROFIsafe devices via PROFIBUS and PROFINET, and for data consistency between standard and fail-safe program parts. Mixed 

operation of fail-safe and standard I/O modules is supported.

Technology Integrated

• SIMATIC S7-1500 ermöglicht die Integration von Motion Control ohne Zusatzmodule. PROFIdrive-fähige Antribe werden über standardisierte PLCopen-Bausteine und 

sog. Technologie-Objekte angebunden.
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Security Integrated

• Das Security-by-Default-Konzept von SIMATIC S7-1500 umfasst Maßnahmen von Berechtigungsstufen über Bausteinschutz bis hin zur Kommunikationsintegrität. 

Security Integrated schützt Ihre Investitionen, verhindert Nachbau von Maschinen und trägt zu einer hohen Anlagenverfügbarkeit bei.

Five steps to the right controller:

Type of structure, system performance, programming, Motion Control, system architecture: Do you already know which functions and performance features your controller 
should have? Then our function check will take you directly to the right SIMATIC controller in five steps.

https://www.siemens.com/controller
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: Safety-related component

* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Central processing units

Article number

Standard CPUs Compare technical specifications online

6ES7511-1AL03-0AB0CPU 1511-1PN, 300KB Prog., 1,5MB Data

6ES7511-1FL03-0AB0CPU 1511F-1PN, 450KB prog, 1,5MB Data

6ES7513-1AM03-0AB0CPU 1513-1 PN, 600KB Prog., 2,5MB Data

6ES7513-1FM03-0AB0CPU 1513F-1 PN, 900KB Prog., 2,5MB data

6ES7515-2AN03-0AB0CPU 1515-2 PN, 1MB Prog., 4,5MB Data

6ES7515-2FN03-0AB0CPU 1515F-2 PN, 1,5MB Prog.,4,5MB Data

6ES7516-3AP03-0AB0CPU 1516-3 PN/DP, 2MB Prog., 7,5MB Data

6ES7516-3FP03-0AB0CPU 1516F-3 PN/DP, 3MB Prog, 7,5MB Data

6ES7517-3AP00-0AB0CPU 1517-3 PN/DP, 2MB Prog./8MB Data

6ES7517-3FP00-0AB0CPU 1517F-3 PN/DP, 3MB Prog., 8MB Data

6ES7518-4AP00-0AB0CPU 1518-4 PN/DP, 6 MB Prog., 60MB Data

6ES7518-4FP00-0AB0CPU 1518F-4 PN/DP, 9 MB Prog, 60MB Data

6ES7518-4AX00-1AC0CPU 1518-4 PN/DP MFP + C/C++ RT + OPC UA

6ES7518-4FX00-1AC0CPU 1518F-4 PN/DP MFP + C/C++ RT +OPC UA

6ES7511-1AK02-0AB0CPU 1511-1PN, 150KB Program, 1MB Data

6ES7511-1FK02-0AB0CPU 1511F-1PN, 225KB prog, 1MB data

6ES7513-1AL02-0AB0CPU 1513-1 PN, 300KB Prog., 1,5MB Data

6ES7513-1FL02-0AB0CPU 1513F-1 PN, 450KB Prog., 1,5MB data

6ES7515-2AM02-0AB0CPU 1515-2 PN, 500KB Prog., 3MB Data

6ES7515-2FM02-0AB0CPU 1515F-2 PN, 750KB Prog.,3MB Data

6ES7516-3AN02-0AB0CPU 1516-3 PN/DP, 1MB Prog., 5MB Data

6ES7516-3FN02-0AB0CPU 1516F-3 PN/DP, 1,5MB Prog, 5MB Data

6AG1511-1AK02-2AB0SIPLUS S7-1500 CPU 1511-1 PN

6AG1511-1AK02-7AB0SIPLUS S7-1500 CPU 1511-1 PN

6AG2511-1AK02-1AB0SIPLUS S7-1500 CPU 1511-1 PN T1 RAIL

6AG1511-1FK02-2AB0SIPLUS S7-1500 CPU 1511F-1 PN

6AG1513-1AL02-2AB0SIPLUS S7-1500 CPU 1513-1 PN

6AG1513-1AL02-7AB0SIPLUS S7-1500 CPU 1513-1 PN

6AG1513-1FL02-2AB0SIPLUS S7-1500 CPU 1513F-1 PN

6AG1515-2FM02-2AB0SIPLUS S7-1500 CPU 1515F-2 PN

6AG2515-2FM02-4AB0SIPLUS S7-1500 CPU 1515F-2 PN RAIL

6AG1516-3AN02-2AB0SIPLUS S7-1500 CPU 1516-3 PN/DP

6AG1516-3AN02-7AB0SIPLUS S7-1500 CPU 1516-3 PN/DP

6AG2516-3AN02-4AB0SIPLUS S7-1500 CPU 1516-3 PN/DP RAIL

6AG1516-3FN02-2AB0SIPLUS S7-1500 CPU 1516F-3 PN/DP

6AG2516-3FN02-2AB0SIPLUS S7-1500 CPU 1516F-3 PN/DP RAIL

6AG2516-3FN02-4AB0SIPLUS S7-1500 CPU 1516F-3 PN/DP RAIL

6AG1511-1AL03-2AB0SIPLUS S7-1500 CPU 1511-1 PN

6AG1511-1AL03-7AB0SIPLUS S7-1500 CPU 1511-1 PN

6AG1511-1FL03-2AB0SIPLUS S7-1500 CPU 1511F-1 PN

6AG1513-1AM03-2AB0SIPLUS S7-1500 CPU 1513-1 PN

6AG1513-1AM03-7AB0SIPLUS S7-1500 CPU 1513-1 PN

6AG1513-1FM03-2AB0SIPLUS S7-1500 CPU 1513F-1 PN

6AG1515-2FN03-2AB0SIPLUS S7-1500 CPU 1515F-2 PN

6AG2515-2FN03-4AB0SIPLUS S7-1500 CPU 1515F-2 PN RAIL

6AG2516-3AP03-4AB0SIPLUS S7-1500 CPU 1516-3 PN RAIL

6AG1516-3FP03-2AB0SIPLUS S7-1500 CPU 1516F-3 PN

6AG2516-3FP03-2AB0SIPLUS S7-1500 CPU 1516F-3 PN RAIL

6AG2516-3FP03-4AB0SIPLUS S7-1500 CPU 1516F-3 PN RAIL

6AG1518-4AP00-4AB0SIPLUS S7-1500 CPU 1518-4 PN/DP

6AG1518-4AX00-4AC0SIPLUS S7-1500 CPU 1518-4 PN/DP MFP

6AG1518-4FP00-4AB0SIPLUS S7-1500 CPU 1518F-4 PN/DP

Compact CPUs Compare technical specifications online

https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=CpuModules&folders=StandardCpu&language=en
https://mall.industry.siemens.com/tst/?node=6ES7511-1AL03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7511-1FL03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7513-1AM03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7513-1FM03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2AN03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2FN03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3AP03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3FP03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7517-3AP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7517-3FP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4AP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4FP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4AX00-1AC0
https://mall.industry.siemens.com/tst/?node=6ES7518-4FX00-1AC0
https://mall.industry.siemens.com/tst/?node=6ES7511-1AK02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7511-1FK02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7513-1AL02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7513-1FL02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2AM02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2FM02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3AN02-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3FN02-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1AK02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1AK02-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2511-1AK02-1AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1FK02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1AL02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1AL02-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1FL02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1515-2FM02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2515-2FM02-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1516-3AN02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1516-3AN02-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3AN02-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1516-3FN02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3FN02-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3FN02-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1AL03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1AL03-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1511-1FL03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1AM03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1AM03-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1513-1FM03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1515-2FN03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2515-2FN03-4AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3AP03-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1516-3FP03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3FP03-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2516-3FP03-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1518-4AP00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1518-4AX00-4AC0
https://mall.industry.siemens.com/tst/?node=6AG1518-4FP00-4AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=CpuModules&folders=CompactCpu&language=en
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: Safety-related component

* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Central processing units

Article number

6ES7511-1CK01-0AB0CPU 1511C-1 PN, 175 KB Prog, 1 MB Data

6ES7512-1CK01-0AB0CPU 1512C-1 PN, 250 KB Prog, 1 MB Data

Technology CPUs Compare technical specifications online

6ES7511-1TL03-0AB0CPU 1511T-1PN, 450KB Prog., 1.5MB Data

6ES7511-1UL03-0AB0CPU 1511TF-1PN, 450KB Prg., 1.5MB Data

6ES7515-2TN03-0AB0CPU 1515T-2 PN, 1.5MB Progr, 4.5MB Data

6ES7515-2UN03-0AB0CPU 1515TF-2 PN, 1.5MB Progr, 4.5MB Data

6ES7516-3TN00-0AB0CPU 1516T-3 PN/DP, 3MB prog./7.5MB data

6ES7516-3UN00-0AB0CPU 1516TF-3 PN/DP, 3MB prog./7.5MB data

6ES7517-3TP00-0AB0CPU 1517T-3 PN/DP, 3MB prog./8MB data

6ES7517-3UP00-0AB0CPU 1517TF-3 PN/DP, 3MB prog., 8MB data

6ES7518-4TP00-0AB0CPU 1518T-4 PN/DP, 9MB Prog., 60MB data

6ES7518-4UP00-0AB0CPU 1518TF-4 PN/DP, 9MB Prog, 60MB data

6ES7511-1TK01-0AB0CPU 1511T-1PN, 225KB progr., 1MB data

6ES7511-1UK01-0AB0CPU 1511TF-1PN, 225KB progr., 1MB data

6ES7515-2TM01-0AB0CPU 1515T-2 PN, 750KB progr, 3MB data

6ES7515-2UM01-0AB0CPU 1515TF-2 PN, 750KB progr, 3MB data

Fault-tolerant and redundant CPUs Compare technical specifications online

6ES7513-1RM03-0AB0CPU 1513R-1 PN, 600KB program/2,5MB data

6ES7515-2RN03-0AB0CPU 1515R-2 PN, 1MB program/ 4,5MB data

6ES7517-3HP00-0AB0CPU 1517H-3 PN, 2MB program/8MB data

6ES7518-4JP00-0AB0CPU 1518HF-4 PN, 9MB program/60MB data

6ES7513-1RL00-0AB0CPU 1513R-1 PN, 300KB program/1,5MB data

6ES7515-2RM00-0AB0CPU 1515R-2 PN, 500KB program/ 3MB data

6AG1515-2RM00-7AB0SIPLUS S7-1500 CPU 1515R-2 PN

6AG2515-2RM00-4AB0SIPLUS S7-1500 CPU 1515R-2 PN TX RAIL

6AG1517-3HP00-4AB0SIPLUS S7-1500 CPU 1517H-3 PN

6AG1518-4JP00-4AB0SIPLUS S7-1500 CPU 1518HF-4 PN

Digital modules

Article number

Digital input Compare technical specifications online

6ES7521-1BH10-0AA0S7-1500, DI 16x24VDC BA

6ES7521-1BH50-0AA0S7-1500, DI 16x24VDC SRC BA

6ES7521-7BH00-0AB0S7-1500, DI 16X24VDC HS

6ES7521-1BH00-0AB0S7-1500, DI 16x24VDC HF

6ES7521-7TH00-0AB0S7-1500, DI 16XNAMUR HF

6ES7521-1FH00-0AA0S7-1500, DI 16x230VAC BA

6ES7521-7EH00-0AB0S7-1500, DI 16 x 24...125V UC HF

6ES7521-1BL10-0AA0S7-1500, DI 32x24VDC BA

6ES7521-1BL00-0AB0S7-1500, DI 32x24VDC HF

6ES7521-1BP00-0AA0S7-1500, DI 64x24VDC SNK/SRC BA

6AG1521-1BH00-7AB0SIPLUS S7-1500 DI 16X24VDC HF

6AG2521-1BH00-4AB0SIPLUS S7-1500 DI 16x24VDC HF TX RAIL

6AG1521-1BH50-7AA0SIPLUS S7-1500 DI 16X24VDC SRC BA

6AG1521-1BL00-7AB0SIPLUS S7-1500 DI 32X24VDC HF

6AG1521-1FH00-7AA0SIPLUS S7-1500 DI 16X230VAC BA

6AG2521-7EH00-4AB0SIPLUS S7-1500 DI 16x110VDC HF TX RAIL

6AG1521-7EH00-7AB0SIPLUS S7-1500 DI 48VUC/125VDC HF

Digital output Compare technical specifications online

6ES7522-1BF00-0AB0S7-1500, DQ 8x24VDC/2A HF

6ES7522-5FF00-0AB0S7-1500, DQ 8x230VAC/2A ST (Triac)

https://mall.industry.siemens.com/tst/?node=6ES7511-1CK01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7512-1CK01-0AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=CpuModules&folders=TechnologyCpu&language=en
https://mall.industry.siemens.com/tst/?node=6ES7511-1TL03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7511-1UL03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2TN03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2UN03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3TN00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7516-3UN00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7517-3TP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7517-3UP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4TP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4UP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7511-1TK01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7511-1UK01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2TM01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2UM01-0AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=CpuModules&folders=S71500RedundantCpu&language=en
https://mall.industry.siemens.com/tst/?node=6ES7513-1RM03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2RN03-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7517-3HP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7518-4JP00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7513-1RL00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7515-2RM00-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1515-2RM00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2515-2RM00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1517-3HP00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1518-4JP00-4AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Digitalmodules&folders=DigitalInput&language=en
https://mall.industry.siemens.com/tst/?node=6ES7521-1BH10-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7521-1BH50-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7521-7BH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7521-1BH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7521-7TH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7521-1FH00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7521-7EH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7521-1BL10-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7521-1BL00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7521-1BP00-0AA0
https://mall.industry.siemens.com/tst/?node=6AG1521-1BH00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2521-1BH00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1521-1BH50-7AA0
https://mall.industry.siemens.com/tst/?node=6AG1521-1BL00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1521-1FH00-7AA0
https://mall.industry.siemens.com/tst/?node=6AG2521-7EH00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1521-7EH00-7AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Digitalmodules&folders=DigitalOutput&language=en
https://mall.industry.siemens.com/tst/?node=6ES7522-1BF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-5FF00-0AB0
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: Safety-related component

* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Digital modules

Article number

6ES7522-5HF00-0AB0S7-1500, DQ 8x230VAC/5A ST (Relay)

6ES7522-1BH10-0AA0S7-1500, DQ 16x24VDC/0.5A BA

6ES7522-1BH01-0AB0S7-1500, DQ 16x24V DC/0.5A HF

6ES7522-5FH00-0AB0S7-1500, DQ 16x230VAC/1A ST (Triac)

6ES7522-5HH00-0AB0S7-1500, DQ 16x230VAC/2A ST (Relay)

6ES7522-5EH00-0AB0S7-1500, DQ 16x24...48VUC/125VDC/0.5A ST

6ES7522-1BL10-0AA0S7-1500, DQ 32x24VDC/0.5A BA

6ES7522-1BL01-0AB0S7-1500, DQ 32x24VDC/0.5A HF

6ES7522-1BP00-0AA0S7-1500, DQ 64x24VDC/0.3A BA

6ES7522-1BP50-0AA0S7-1500, DQ 64x24VDC/0.3A SNK BA

6AG1522-1BF00-7AB0SIPLUS S7-1500 DQ 8X24VDC/2A HF

6AG2522-1BH01-4AB0SIPLUS S7-1500 DQ 16x24VDC HF TX RAIL

6AG1522-1BH01-7AB0SIPLUS S7-1500 DQ 16X24VDC/0.5A HF

6AG1522-1BL01-7AB0SIPLUS S7-1500 DQ 32X24VDC/0.5A HF

6AG2522-5EH00-4AB0SIPLUS S7-1500 DQ 16x110VDC ST TX RAIL

6AG1522-5EH00-7AB0SIPLUS S7-1500 DQ 16x48VUC/125VDC ST

6AG1522-5FF00-7AB0SIPLUS S7-1500 DQ 8X230VAC/2A ST (TRIAC)

6AG1522-5FH00-7AB0SIPLUS S7-1500 16DQ 230VAC 1A ST TRIAC

6AG2522-5HF00-1AB0SIPLUS S7-1500 DQ 8x230VAC ST 5A T1 RAIL

6AG1522-5HF00-2AB0SIPLUS S7-1500 DQ 8X230VAC/5A ST (RELAY)

6AG1522-5HH00-7AB0SIPLUS S7-1500 16DQ 230VAC 2A RLY

Digital inputs/outputs Compare technical specifications online

6ES7523-1BL00-0AA0S7-1500, DI 16x24VDC/DQ 16x24VDC/0.5A BA

6ES7523-1BP50-0AA0S7-1500, DI 32x24VDC/DQ 32x24VDC/0.3A BA

Fail-safe digital modules

6ES7526-1BH00-0AB0ET 200MP, F-DI 16X24VDC

6ES7526-2BF00-0AB0ET 200MP, F-DQ 8x24VDC 2A PPM

6AG1526-1BH00-2AB0SIPLUS S7-1500 F-DI 16x24VDC

6AG2526-1BH00-1AB0SIPLUS S7-1500 F-DI 16x24VDC T1 RAIL

6AG2526-2BF00-1AB0SIPLUS S7-1500 F-DQ 8x24VDC 2A T1 RAIL

6AG1526-2BF00-2AB0SIPLUS S7-1500 F-DQ 8x24VDC/2A

https://mall.industry.siemens.com/tst/?node=6ES7522-5HF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BH10-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BH01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-5FH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-5HH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-5EH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BL10-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BL01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BP00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7522-1BP50-0AA0
https://mall.industry.siemens.com/tst/?node=6AG1522-1BF00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2522-1BH01-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-1BH01-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-1BL01-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2522-5EH00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-5EH00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-5FF00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-5FH00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2522-5HF00-1AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-5HF00-2AB0
https://mall.industry.siemens.com/tst/?node=6AG1522-5HH00-7AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Digitalmodules&folders=Digital_Inputs_Outputs&language=en
https://mall.industry.siemens.com/tst/?node=6ES7523-1BL00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7523-1BP50-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7526-1BH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7526-2BF00-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1526-1BH00-2AB0
https://mall.industry.siemens.com/tst/?node=6AG2526-1BH00-1AB0
https://mall.industry.siemens.com/tst/?node=6AG2526-2BF00-1AB0
https://mall.industry.siemens.com/tst/?node=6AG1526-2BF00-2AB0
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* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Analog modules

Article number

Analog input Compare technical specifications online

6ES7531-7QD00-0AB0S7-1500, AI 4xU/I/RTD/TC ST

6ES7531-7QF00-0AB0S7-1500, AI 8xU/I/R/RTD BA

6ES7531-7KF00-0AB0S7-1500, AI 8xU/I/RTD/TC ST

6ES7531-7NF10-0AB0S7-1500, AI 8xU/I HS

6ES7531-7PF00-0AB0S7-1500, AI 8 X U/R/RTD/TC HF

6ES7531-7NF00-0AB0S7-1500, AI 8xU/I HF

6ES7531-7TF00-0AB0S7-1500, AI 8xHART HF

6ES7531-7LH00-0AB0S7-1500, AI 16xU BA

6ES7531-7MH00-0AB0S7-1500, AI 16xI BA

6ES7536-1MF00-0AB0ET 200MP, F-AI 8xI 0(4)..20mA

6AG1531-7KF00-7AB0SIPLUS S7-1500 AI 8XU/I/RTD/TC ST

6AG2531-7KF00-4AB0SIPLUS S7-1500 AI 8xU/I/RTD/TC TX RAIL

6AG1531-7LH00-7AB0SIPLUS S7-1500 AI 16xU BA

6AG1531-7MH00-7AB0SIPLUS S7-1500 AI 16xI BA

6AG1531-7NF00-7AB0SIPLUS S7-1500 AI 8XU/I HF

6AG1531-7NF10-7AB0SIPLUS S7-1500 AI 8XU/I HS

6AG2531-7NF10-4AB0SIPLUS S7-1500 AI 8xU/I HS TX RAIL

6AG1531-7PF00-4AB0SIPLUS S7-1500 AI 8XU/R/RTD/TC HF

Analog output Compare technical specifications online

6ES7532-5NB00-0AB0S7-1500, AQ 2xU/I ST

6ES7532-5HD00-0AB0S7-1500, AQ 4xU/I ST

6ES7532-5ND00-0AB0S7-1500, AQ 4xU/I HF

6ES7532-5HF00-0AB0S7-1500, AQ 8xU/I HS

6AG1532-5HD00-7AB0SIPLUS S7-1500 AQ 4XU/I ST

6AG2532-5HD00-4AB0SIPLUS S7-1500 AQ 4xU/I ST TX RAIL

6AG1532-5HF00-7AB0SIPLUS S7-1500 AQ 8XU/I HS

Analog inputs/outputs Compare technical specifications online

6ES7534-7QE00-0AB0S7-1500, AI 4x U/I/RTD/TC/AQ 2x U/I ST

Communication modules

Article number

6ES7540-1AD00-0AA0S7-1500, CM PTP RS232 BA

6ES7540-1AB00-0AA0S7-1500, CM PTP RS422/485 BA

6ES7541-1AD00-0AB0S7-1500, CM PTP RS232 HF

6ES7541-1AB00-0AB0S7-1500, CM PTP RS422/485 HF

6GK7542-5DX10-0XE0S7-1500, CM 1542-5

6GK7542-1AX10-0XE0Communication module CM 1542-1

6ES7547-1JF00-0AB0S7-1500, CM 8xIO-Link

6GK7543-1AX00-0XE0S7-1500, CP 1543-1

6GK7542-5FX10-0XE0S7-1500, CP 1542-5

6GK7545-1GX00-0XE0S7-1500, CP 1545-1

SIPLUS

6AG1540-1AB00-7AA0SIPLUS S7-1500 CM PTP RS422/485 BA

6AG1540-1AD00-7AA0SIPLUS S7-1500 CM PTP RS232 BA

6AG1541-1AB00-7AB0SIPLUS S7-1500 CM PTP RS422/485 HF

6AG2541-1AB00-4AB0SIPLUS S7-1500 CM PTP RS422/485 TX RAIL

6AG1541-1AD00-7AB0SIPLUS S7-1500 CM PTP RS232 HF

6AG2541-1AD00-4AB0SIPLUS S7-1500 CM PtP RS232 HF TX RAIL

6AG1542-5DX10-7XE0SIPLUS S7-1500 CM 1542-5

6AG1543-1AX00-2XE0SIPLUS NET CP 1543-1

https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Analogmodules&folders=AnalogInput&language=en
https://mall.industry.siemens.com/tst/?node=6ES7531-7QD00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7QF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7KF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7NF10-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7PF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7NF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7TF00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7LH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7531-7MH00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7536-1MF00-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7KF00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2531-7KF00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7LH00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7MH00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7NF00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7NF10-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2531-7NF10-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1531-7PF00-4AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Analogmodules&folders=AnalogOutput&language=en
https://mall.industry.siemens.com/tst/?node=6ES7532-5NB00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7532-5HD00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7532-5ND00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7532-5HF00-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1532-5HD00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2532-5HD00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1532-5HF00-7AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Analogmodules&folders=Analog_Inputs_Outputs&language=en
https://mall.industry.siemens.com/tst/?node=6ES7534-7QE00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7540-1AD00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7540-1AB00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7541-1AD00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7541-1AB00-0AB0
https://mall.industry.siemens.com/tst/?node=6GK7542-5DX10-0XE0
https://mall.industry.siemens.com/tst/?node=6GK7542-1AX10-0XE0
https://mall.industry.siemens.com/tst/?node=6ES7547-1JF00-0AB0
https://mall.industry.siemens.com/tst/?node=6GK7543-1AX00-0XE0
https://mall.industry.siemens.com/tst/?node=6GK7542-5FX10-0XE0
https://mall.industry.siemens.com/tst/?node=6GK7545-1GX00-0XE0
https://mall.industry.siemens.com/tst/?node=6AG1540-1AB00-7AA0
https://mall.industry.siemens.com/tst/?node=6AG1540-1AD00-7AA0
https://mall.industry.siemens.com/tst/?node=6AG1541-1AB00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2541-1AB00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1541-1AD00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2541-1AD00-4AB0
https://mall.industry.siemens.com/tst/?node=6AG1542-5DX10-7XE0
https://mall.industry.siemens.com/tst/?node=6AG1543-1AX00-2XE0
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* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Technology modules

Article number

6ES7550-1AA01-0AB0S7-1500, TM Count 2x24V

6ES7551-1AB01-0AB0S7-1500, TM PosInput 2

6ES7552-1AA00-0AB0S7-1500, TM Timer DIDQ 16x24V

6ES7553-1AA00-0AB0S7-1500, TM PTO4

6ES7554-1AA00-0AB0S7-1500, TM FAST

6ES7556-1AA00-0AB0S7-1500, TM NPU

6ES7558-1AA00-0AB0S7-1500, TM MFP

7MH4980-1AA01Weighing module TM SIWAREX WP521 ST

7MH4980-2AA01Weighing module TM SIWAREX WP522 ST

SIPLUS

6AG1550-1AA01-7AB0SIPLUS S7-1500 TM COUNT 2X24V

6AG1551-1AB01-7AB0SIPLUS S7-1500 TM POSINPUT 2

6AG2552-1AA00-4AB0SIPLUS S7-1500 TM TIMER DIDQ 16x24V RAIL

System power supplies

Article number

Compare technical specifications online

6ES7505-0KA00-0AB0S7-1500, PS 25W 24V DC

6ES7505-0RA00-0AB0S7-1500, PS 60W 24/48/60V DC

6ES7505-0RB00-0AB0S7-1500, PS 60W 24/48/60V DC HF

6ES7507-0RA00-0AB0S7-1500, PS 60W 120/230V AC/DC

SIPLUS

6AG1505-0KA00-7AB0SIPLUS S7-1500 PS 25W 24V DC

6AG1505-0RA00-7AB0SIPLUS S7-1500 PS 60W 24/48/60V DC

6AG1507-0RA00-7AB0SIPLUS S7-1500 PS 60W 120/230V AC/DC

Load current supplies

Article number

Compare technical specifications online

6EP1332-4BA00SIMATIC PM1507/1AC/24VDC/3A

6EP1333-4BA00SIMATIC PM1507/1AC/24VDC/8A

SIPLUS

6AG1332-4BA00-7AA0SIPLUS S7-1500 PM 1507 24V/3A

6AG1333-4BA00-7AA0SIPLUS S7-1500 PM 1507 24V/8A

Accessories

Article number

Memory card Compare technical specifications online

6ES7954-8LC03-0AA0SIMATIC S7 memory card, 4 MB

6ES7954-8LE03-0AA0SIMATIC S7 Memory Card, 12 MB

6ES7954-8LF03-0AA0SIMATIC S7 Memory Card, 24 MB

6ES7954-8LL03-0AA0SIMATIC S7 Memory Card, 256 MB

6ES7954-8LP03-0AA0SIMATIC S7 Memory Card, 2 GB

6ES7954-8LT03-0AA0SIMATIC S7 Memory Card, 32 GB

6ES7954-8LP80-0AA0Memory Card S7-1500T MC KinPlus 2 GB

6ES7954-8LT80-0AA0Memory Card S7-1500T MC KinPlus 32 GB

https://mall.industry.siemens.com/tst/?node=6ES7550-1AA01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7551-1AB01-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7552-1AA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7553-1AA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7554-1AA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7556-1AA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7558-1AA00-0AB0
https://mall.industry.siemens.com/tst/?node=7MH4980-1AA01
https://mall.industry.siemens.com/tst/?node=7MH4980-2AA01
https://mall.industry.siemens.com/tst/?node=6AG1550-1AA01-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1551-1AB01-7AB0
https://mall.industry.siemens.com/tst/?node=6AG2552-1AA00-4AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Catalog_PowerSupplies&language=en
https://mall.industry.siemens.com/tst/?node=6ES7505-0KA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7505-0RA00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7505-0RB00-0AB0
https://mall.industry.siemens.com/tst/?node=6ES7507-0RA00-0AB0
https://mall.industry.siemens.com/tst/?node=6AG1505-0KA00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1505-0RA00-7AB0
https://mall.industry.siemens.com/tst/?node=6AG1507-0RA00-7AB0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Catalog_PowerModules&language=en
https://mall.industry.siemens.com/tst/?node=6EP1332-4BA00
https://mall.industry.siemens.com/tst/?node=6EP1333-4BA00
https://mall.industry.siemens.com/tst/?node=6AG1332-4BA00-7AA0
https://mall.industry.siemens.com/tst/?node=6AG1333-4BA00-7AA0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=S7_1500_Zubehoer_MemoryCard&language=en
https://mall.industry.siemens.com/tst/?node=6ES7954-8LC03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LE03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LF03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LL03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LP03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LT03-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LP80-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7954-8LT80-0AA0
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Accessories

Article number

SIPLUS RIC memory cards Compare technical specifications online

Front connector Compare technical specifications online

6ES7592-1AM00-0XB0Frontconnector Screw Type (35mm Mod.)

6ES7592-1BM00-0XB0Frontconnector Push-in (35mm Mod.)

6ES7592-1BM00-0XA0Frontconnector Push-in (25mm Mod.)

6ES7592-3AA00-0AA0Jumpers (35mm Mod.)

CPU display as spare part Compare technical specifications online

6ES7591-1AA01-0AA0Display for CPU 1511(F)/1512C/1513(F)

6ES7591-1AB10-0AA0Display module for S7-1500 CPUs V3, 35mm

6ES7591-1AB00-0AA0Display module for S7-1500 CPUs, 35 mm

6ES7591-1BA02-0AA0Display for CPU 1515/1516/1517/1518

6ES7591-1BB00-0AA0Display module for S7-1500 CPUs, 70 mm

6AG1591-1AA01-2AA0SIPLUS S7-1500 FRONTKLAPPE V2 CPU 35MM

6AG1591-1AB00-2AA0SIPLUS S7-1500 Displaymodul CPUs 35mm

6AG1591-1BA02-2AA0SIPLUS S7-1500 FRONTKLAPPE CPU 70MM

6AG1591-1BB00-2AA0SIPLUS S7-1500 Displaymodul CPUs 70mm

Front door Compare technical specifications online

6ES7528-0AA00-7AA0Universal Front Door S7-1500 IO (35mm)

6ES7528-0AA00-0AA0Universal Front Door S7-1500 IO(25mm)

6ES7528-0AA60-7AA0Universal Front Door S7-1500 PS

6ES7528-0AA80-7AA0Universal Front Door S7-1500 PS/CP

6ES7528-0AA10-7AA0Universal Front Door S7-1500 F-IO

Labeling sheets Compare technical specifications online

6ES7592-2AX00-0AA0Labeling Sheets S7-1500, AL grey

6ES7592-1AX00-0AA0Labeling Sheets S7-1500, AL grey

6ES7592-2CX00-0AA0Labeling Sheets S7-1500, yellow

Miscellaneous

6ES7590-5AA00-0AA0Grounding Element (20pcs.)

6ES7590-0AA00-0AA0U-Type-Connector S7-1500 (Spare Part)

6ES7590-5CA10-0XA0Shielding Set f. S7-1500 25mm Modules

6ES7590-5CA00-0AA0Shielding Set f. S7-1500 35mm Modules

6ES7590-8AA00-0AA0Connector Plug for Power Supply (PS/PM)

6ES7590-5BA00-0AA0Shielding Terminal  S7-1500 Periphery

6ES7972-0AA02-0XA0Repeater RS485 f. PROFIBUS/MPI

6ES7972-0AB01-0XA0Diagnostic repeater f. PROFIBUS-DP,

6ES7592-6EF00-1AA0ET 200MP, 5 E-coding Elements Type F

6ES7554-1AA00-5AA0S7-1500, TM FAST Debug Connector

6AG1590-0AA00-7AA0SIPLUS S7-1500 U-Verbinder

6AG1592-6EF00-2AA0SIPLUS S7-1500 E-CODING ELEMENTS TYPE F

6AG1972-0AA02-7XA0SIPLUS DP RS485-Repeater

6AG1972-0AB01-4XA0SIPLUS Diagnose-Repeater fuer Profibus

https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=SIPLUS.RIC.Bibliothek&language=en
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=FrontConnector&language=en
https://mall.industry.siemens.com/tst/?node=6ES7592-1AM00-0XB0
https://mall.industry.siemens.com/tst/?node=6ES7592-1BM00-0XB0
https://mall.industry.siemens.com/tst/?node=6ES7592-1BM00-0XA0
https://mall.industry.siemens.com/tst/?node=6ES7592-3AA00-0AA0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=CpuDisplay&language=en
https://mall.industry.siemens.com/tst/?node=6ES7591-1AA01-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7591-1AB10-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7591-1AB00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7591-1BA02-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7591-1BB00-0AA0
https://mall.industry.siemens.com/tst/?node=6AG1591-1AA01-2AA0
https://mall.industry.siemens.com/tst/?node=6AG1591-1AB00-2AA0
https://mall.industry.siemens.com/tst/?node=6AG1591-1BA02-2AA0
https://mall.industry.siemens.com/tst/?node=6AG1591-1BB00-2AA0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=FrontDoor&language=en
https://mall.industry.siemens.com/tst/?node=6ES7528-0AA00-7AA0
https://mall.industry.siemens.com/tst/?node=6ES7528-0AA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7528-0AA60-7AA0
https://mall.industry.siemens.com/tst/?node=6ES7528-0AA80-7AA0
https://mall.industry.siemens.com/tst/?node=6ES7528-0AA10-7AA0
https://mall.industry.siemens.com/tst/?sitc=wwdii10155#/TechnicalComparison?deviceType=S7_1500&folders=Accessories_Folder&folders=LabelSheet&language=en
https://mall.industry.siemens.com/tst/?node=6ES7592-2AX00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7592-1AX00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7592-2CX00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7590-5AA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7590-0AA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7590-5CA10-0XA0
https://mall.industry.siemens.com/tst/?node=6ES7590-5CA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7590-8AA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7590-5BA00-0AA0
https://mall.industry.siemens.com/tst/?node=6ES7972-0AA02-0XA0
https://mall.industry.siemens.com/tst/?node=6ES7972-0AB01-0XA0
https://mall.industry.siemens.com/tst/?node=6ES7592-6EF00-1AA0
https://mall.industry.siemens.com/tst/?node=6ES7554-1AA00-5AA0
https://mall.industry.siemens.com/tst/?node=6AG1590-0AA00-7AA0
https://mall.industry.siemens.com/tst/?node=6AG1592-6EF00-2AA0
https://mall.industry.siemens.com/tst/?node=6AG1972-0AA02-7XA0
https://mall.industry.siemens.com/tst/?node=6AG1972-0AB01-4XA0
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: Safety-related component

* By clicking on the article number, you will be taken to the product in the TIA Selection Tool cloud.

Engineering software and software options

Article number

6ES7822-1AE08-0YA5SIMATIC STEP 7 Prof. V18 DL

6ES7822-1AA08-0YA5SIMATIC STEP 7 Professional V18

6ES7822-1AE00-0YY0SIMATIC STEP 7 Prof. TIA Portal SUS DL

6ES7822-1AA00-0YL5STEP 7 Professional TIA Portal SUS

6ES7833-1FA18-0YH5STEP 7 Safety Advanced V18 SW DL

6ES7833-1FA18-0YA5STEP 7 Safety Advanced V18

6ES7833-1FC00-0YY0STEP7 Safety Advanced, SUS Download

6ES7833-1FC00-0YX2STEP7 Safety Advanced, SW Update Service

https://mall.industry.siemens.com/tst/?node=6ES7822-1AE08-0YA5
https://mall.industry.siemens.com/tst/?node=6ES7822-1AA08-0YA5
https://mall.industry.siemens.com/tst/?node=6ES7822-1AE00-0YY0
https://mall.industry.siemens.com/tst/?node=6ES7822-1AA00-0YL5
https://mall.industry.siemens.com/tst/?node=6ES7833-1FA18-0YH5
https://mall.industry.siemens.com/tst/?node=6ES7833-1FA18-0YA5
https://mall.industry.siemens.com/tst/?node=6ES7833-1FC00-0YY0
https://mall.industry.siemens.com/tst/?node=6ES7833-1FC00-0YX2
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